
Vertiv™ NetSure™ 交直流混合电源系统
交流 、直流一体化集成化供电

NetSure™交直流混合电源系列产品能够在断电时通过单个电池组，在单个机架

中为交流和直流负载同时供电，在节省占地面积的同时最大限度地减少能量损失并

降低供配电系统的能耗。

保证“高可靠”的同时，极致“节省占地”空间

一体化的  NetSure 交直流混合电源系统具有出色的可靠性、模块化和可扩展性等

优点。凭借市场领先的电力电子技术与模块开发经验，单个系统可在紧凑的空间内同

时容纳交流和直流电源模块。断电时，直流负载和交流负载经由同一个电池组供电，

从而节省空间和额外的投资。

一体化的 NetSure 交直流混合电源系统在保证可靠性的情况下，通过配置电池组，

可以支持数个小时的电池备电。电源系统可以配置 1.2kW 逆变模块和 2kW 整流模块，交

流输出容量高达 5KVA (4.8kW)，直流容量高达 12 kW。

最大限度地减少能量损失

一体化的  NetSure 交直流混合电源系统专为在复杂负载条件下高效运行而设计。 

高效 eSure 整流模块可提供高达 >98% 的效率。I230-1200 VAC eSure 逆变模块的运行效

率高达市场领先的 96.3%。使用 eSure 技术改善您的交流和直流负载供电，可确保将能

量损失保持在最低的限度，并且使您的网络设备得到极其可靠的备电系统的支持。

	y 交流220V与直流-48V一体化集

成，满足现场不同设备的供电

	y 一组电池，交流直流同时备电，

节省机房的空间

	y 逆变效率高达9 6 %，最大限度

的降低能耗

	y 交流与直流输入模式之间的转

换时间为零，最大限度地提高

站点备电可靠性

	y 监控模块统一管理，可以在本

地或者远程管控

系统组成

1. 交直流配电单元

2. 监控单元，M830B

3. 逆变模块， I230-1200

4. 整流模块， R48-2000E3

特性

While every precaution has been taken to ensure accuracy and completeness herein, (business unit) assumes no responsibility, and disclaims all l iability, for damages resulting from use of this information or for any errors or omissions. 
Specif ications are subject to change without notice.

NetSure™ Inverter Series
Converged AC and DC Power System

	y Free up floor space by powering 
AC and DC loads in a single 
subrack with a common  
battery bank 

	y Minimize energy consumption 
with up to 98% rectifier power 
efficiency and 96.3% inverter 
efficiency in normal  
AC-AC mode

	y Maximize site availability thanks 
to zero transfer time from grid  
to battery

	y Seamlessly manage your 
complete back-up solution 
locally or remotely through a 
single interface

System Elements

1. AC & DC Distribution Panel

2. NetSure™ Control Unit

3. eSure™ Inverters, I230-1200

4. eSure™ Rectifiers, R48-2000E3

Benefits

Improve reliability and save space

The converged NetSure Inverter AC and DC power system delivers outstanding 
reliability, modularity and scalability. With market leading power module density, a single 
system houses both AC and DC power in a compact footprint. Rectifiers and inverters 
can be fed from the same battery bank, saving additional space and financial investment. 

Converged NetSure inverter systems deliver superior reliability and enable hours of 
battery backup when required. Systems include 1.2kW AC inverters and a choice of 2kW 
or 3.5kW rectifiers with AC capacity up to 15kVA (14.4kW) and DC capacity up to 21 kW.

To accommodate AC backup needs at existing sites, an easy-to-install 1U high front 
access NetSure inverter add-on shelf is available. 

Minimize energy loss

Converged NetSure inverter systems are designed for efficient operation at any load 
condition. High-efficiency eSure™ rectifiers are available up to >98% efficiency.  
The I230-1200 VAC eSure™ inverter operates up to a market-leading 96.3% efficiency. 
Powering your AC and DC loads with eSure technology ensures energy loss is kept to a 
minimum and your network is supported by an extremely reliable backup system.

The converged NetSure™ Inverter Series powers AC and DC 
loads in a single subrack with a common battery bank, 
freeing up f loor space while minimizing energy loss and 
lowering energy consumption.

NetSure™ Inverter System  
19", 12 kW DC / 5 kVA AC
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NetSure交直流混合电源尺寸：19"，直流：12kW，交流：5kVA
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型号 交直流混合电源系统-BMK1115601-006 独立式逆变器系统-BMK1125608-001

描述 直流：12kW，交流：5kVA 无直流，交流：3.75KVA

交流输入-整流模块

电压范围 单相输入 : 85 VAC 至 300 VAC (标称值 : 200 VAC 至 240 VAC)

频率 50 Hz / 60 Hz (45 Hz 至 65 Hz)

连接 端子和输入断路器

浪涌保护 包含

交流与直流输入-逆变模块

电压范围 单相: 185 VAC 至 275 VAC (标称值 : 200 VAC 至 240 VAC)，直流 : 40 VDC 至 58 .5 VDC (标称值 : 48 VDC)

线路频率 50 Hz / 60 Hz (47 Hz 至 53 Hz / 57 Hz 至 63 Hz)

连接 端子和输入电源断路器

浪涌保护 包含

直流输出

可调范围 -42VDC～-58VDC –

功率 12 kW (6 x 2 kW) –

最大带载 10 kW –

峰值效率 >96% –

直流配电单元

配电 (18 mm 微型断路器) 最高可配 4 x 1P (3-63 A) –

微型断路器（默认配置） 2 x 32 A + 2 x 63 A –

电池分路 2×200A 断路器 –

交流输出

电压范围 单相: 200 VAC 至 240 VAC (标称值 : 230 VAC)

频率 50 / 60 Hz (50 Hz 至 60 Hz)

功率 5 kVA/4.8 kW (4 x 1 .25 kVA/1.2 kW) 3.75 kVA/3.6 kW (3 x 1 .25 kVA/1.2 kW)

最大带载 3.75 kVA/3.6 kW 2.5 kVA/2.4 kW

效率 >96%(交流模式)，>93（直流模式） >96%(交流模式)

交流配电单元

配电(18 mm 微型断路器) 最高可配3 x 1P (3-10 A 推荐) 1 x 1P 15 A 断路器 (1U)

微型断路器（默认配置） 1 x 10 + 2 x 6 A 1 x 1P 15 A 断路器

传输性能 交直流输入0ms切换

直流损耗 单个逆变模块最大27A（-48VDC）

机械参数

高×宽×深 (mm) 289.0×482.5×367.0（19“） 44.1×482.5×367.0（19”）

重量（不包括模块） 20 kg 4 kg

操作侧，防护等级 前侧操作，IP20

环境参数

工作温度 -5 ℃至 +65℃ ( +45℃以下满功率运行)

工作相对湿度 <95%

海拔 3000 m（2000 m以下可全功率运行）

Vertiv™ NetSure™ 交直流混合电源系统

技术规格

售前热线：400-887-6526
售后热线：400-887-6510
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